NIKING

SupplyNet*

Sprinkler T
VT
Technical Features «—-‘m
* Sizes available (Nominal) : D2
Pipe Size: DN25/1", DN32/1'/4", DN40/1'/2” and DN50/2". "
Outlet: DN10/3/s”, DN15/'/2", DN20/3/4", DN25/1" * T
¢ Pressure Data: 019,
Operating pressure: 16 bar (232 psi) N 024105 S
* Temperature Data: T "§
Operating range: -20°C to +110°C
* Finish: Zinced D1
» Connections : female outlet threaded according to
DIN 2999 W,
* Note: For direct supply of one sprinkler each up to N 4
a K-Factor of 80 o @)
@

Sprinkler T - VT Physical Data
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Pipe Size D1 | Outlet D2 Hole Cut G Dimensions (mm/in) R Box We(E;h/tI l;;ea_)
Metric | inch | Metric | inch | (mm) D3 B1 B2 H2 H3 eference | qty. (apgrox_)
DN10 | 3/8" 25/10|85/33|48/19(235/093| 29/114 | VT01000037 50 0.25/0.55
DN25 | 17 DNI15 | /2" 25/10|85/33148/19235/093| 29/114 | VT01000050 50 0.24/0.54 n
DN20 | /4" 31/12 85/33|53/21|23.5/0.93|39.5/156 | VT01000075 50 0.29 / 0.64 n
DN25| 1" 37/145/85/3.3|58/23|235/093| 43/1.70 | VT01000100 50 0.32/0.70
DN10 | 3/8" 25/10|92/35]48/19 | 28/ 11 33/130 |VT012500037 50 0.26 / 0.56 m
DN32 | 1'/4" DNI15 | /2" 25/10|92/35]48/19 | 28/ 11 33/ 130 |VT012500050 50 0.25/0.55 m
DN20 | 3/4" 31/12[92/35|53/21 28/ 11 43.5/1.71 | VT012500075 50 0.32/0.70 m
DN25 | 1" 24050 37/145/92/35|58/23| 28/11 475/ 1.87 | V1012500100 50 0.40/0.88 O
DN10 | 3/s" ’ 25/10|97/38|48/19 | 31/122 36/ 142 | VT01500037 50 0.28 /0.62
DN40 | 11/ DNI15 | /2" 25/10|97/38|48/19| 31/122 36/ 142 | VT01500050 50 0.28 /0.62 -3
DN20 | 3/4" 31/12]97/3.8|53/21| 31/122 |46.5/183 | VI01500075 50 0.33/0.73 —_—
DN25 | 17 37/145/97/38 |58/23| 31/122 |50.5/2.00| VT01500100 50 0.42/0.93 (D
DN10 | 3/8" 25/10 (112/44148/19 | 37/146 | 42/ 1.65 | VT02000037 50 0.32/0.70 m
DN50 | 2 DN15 | /2" 25/10 |112/44148/19 | 37/146 | 42/ 1.65 | VT02000050 50 0.31/0.68
DN20 | 3/4" 31/12 |112/44/53/21 | 37/146 |52.5/2.06| VT02000075 50 0.37/0.82
DN25 | 1" 37/145/112/44158/23| 37/146 |56.5/222| VT02000100 50 0.45/0.99
Sprinkler T - VT Materials List
1 Item | Description Material
1 Connection Element Steel (Galvanized)
2 Half-Clamp Steel (Galvanized)
3 3 Hexagonal Screw M8 Steel (Galvanised)
4 Poly Plain Washer Plastic
5 Flat Seal EPDM
[ 20 4
/ Sprinkler T - VT Installation Instructions
§== =§ 1. Drill hole with diameter 24*%> mm, deburr and clean off drilling
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chips.

2. Check seal for correct fit and put on VTS.
3. Evenly tighten hexagonal screws (approx 20 Nm).

4. Component ready for use.
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Manufactured for Viking SupplyNet by Virotec® Rohrtechnik GmbH & Co. KG. Refer to Manufacturer’s datasheet. Specifications subject to change without notice.

This datasheet updates the version of 2009-08-07 (Revised entire sheet)
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